Temporary Construction

Site Lighting

Ideal for temporary site lighting, Woodhead
stringlights and high-bay lights provide safe,
economical illumination for construction sites.

Features and Benefits

The 5030 stringlight utilizes 14/2 SJTW cord, with
molded NEMA 1-15 plug and guards unassembled

The 302SRL series stringlights all offer Lamp-It-In-
The-Box™ packaging with guards preassembled to
the string

The 302SRL series stringlights utilize 12/2 TC cable
rated to 600V; the 302SRLCA-F includes a feed-
through Watertite® NEMA 1-15 connector

High bay fixtures include a 400W metal halide lamp
and 3’ of 18/3 SJTW cord with molded NEMA 5-15

plug
The 8575-MH-PS includes pulse start technology
All stringlights are in cartons with point-of-sale

artwork

Applications

Construction Sites

Provides the most economical option in a UL listed
stringlight

Allows the user to easily install the lamps before
arriving on the worksite

12 gauge wire allows for higher wattage per string;
feed-through allows for multiple strings to be
powered from a single outlet, especially when utilizing
CFL or LED lamps

Fixture comes with everything needed to put it into
service immediately
Pulse start fixtures are required by law in the U.S.

Makes them attractive to display in distributor
showrooms

400W Metal Halide High Bay

Outdoor Events
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Specifications

Stringlights And High Bays

Description Woodhead No. Order No.
Stringlight, 100" 14/2 SJTW, 10 Sockets, Molded Nema 1-15 Plug, Guards Included - US only 5030 130111-0044
Stringlight, 100" 12/2 TC, 10 Sockets, Watertite Nema 1-15 Plug, Guards Assembled - US only 302SRL 130111-0024
Stringlight, 100" 12/2 TC, 10 Sockets, Watertite Nema 1-15 Plug, Guards Assembled 302SRLCA 130111-0026
Stringlight, 100" 12/2 TC, 10 Sockets, Watertite Nema 1-15 Plug And Connector, Guards Assembled 302SRLCA-F 130111-0047
High Bay, 400W Metal Halide Pulse Start Lamp Included, 3" 18/3 SJTW With Molded Nema 5-15 Plug 8575-MH-PS 130110-0050
High Bay, 400W Metal Halide Lamp Included, 3’ 18/3 SJTW With Molded Nema 5-15 Plug - CANADA only 8575-MH 130110-0038

Additonal lighting products that are perfect for use on construction sites include our LED Magnet Lights for lighting up small to
medium-sized work areas or our 402/405 handlamps for an economical solution for task lighting needs.

LED Magnet Lights

Description Woodhead No. Order No.
Wide Area Magnet Light, 2 X 20W LED Arrays, 6" 16/3 SJTW, Molded Nema 5-15 Plug 8565-LED 130110-0060
Wide Area Magnet Light, 2 X 20W LED Arrays, 6’ 16/3 SJTW, Molded Nema 5-15 Plug, : .
1 16/3 SJTW With Watertité Nema 5-15 Connector B565F-LED 130170-0061
Handlamps
Description Woodhead No. Order No.
Incandescent Handlamp, 100W Max, With Switch And Side Outlet, 25’ 16/3 SITOW
With Molded Nema 5-15 Plug 402 130109-0007
Incandescent Handlamp, 100W Max, With Switch And Side Outlet, 50" 16/3 SITOW
With Molded Nema 5-15 Plug 405 130109-0009

For a full range of products to keep you safe on the construction site including wiring devices, temporary power and GFCI’s,
electric reels and mesh grips please consult with your Woodhead distributor or sales representative.
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